AAomabon Symtmme Infesconnect, Bnc

Remote Access Interface

D-Sub Connector
9-Pin D-5ub Male Part#: RAI-DSUB9M
9-Pin D-Sub Female Part#: RAI-DSUB9F
25-Pin D-Sub Male Part#: RAI-DSUB25M
25-Pin D-Sub Female  Part#: RAI-DSUB25F

Features:

. Standard 9-pin and 25-pin
O-sub connector

. Lacking screws for securing cable

. Male or female connector

. IP&5 rating with locking dust cover

. Robust aluminum housing

Current Rating: JAmMp

Insulator: PBT Glass iiber reinforced ULD4Y-0
Contact: Brass
Contact Plating: Gold plated over Nickel

Dielectric Strength: 1000 VAC for one minute
Temperatura: -55°C o +105°C
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