
2
2 B3
3 B6
4 B7
5 B8
6 V5
7 V6

-
- Inch (Standard)
A Metric (Steel)
B Inch (SS)
C Metric (SS)
 

Inch (Standard)
Q45

Ø0.75
Q50

Ø1.00
Q63

Ø1.125
Q85

Ø1.500

Metric
Q45

Ø18
Q50

Ø25
Q63

Ø25
Q85

Ø35

Integral HP Worm Speed Reducer

  
HOLLOW OP RATIO  - OUTPUT SHAFT MOUNTING

MOUNTING
POSITIONTYPE SIZE

Q45
Aluminum
Q45
Q50
Q63
Q85

R
R-  
Reducer
G-
Gearmotor

0018
See Ratio Table for Selection

Q45 Q50 Q63 Q85
7 7 7 7

10 10 10 10
14 14 15 14
21 18 19 20
28 26 24 28
37 30 30 38
46 43 45 52
60 60 - 67
70 68 67 74

102 80 80 96
100 94

7:1 = 0007        18:1 = 0018        96:1 = 0096

B3

B7

B6

B8

V5

V6

Worm Reducers QSERIES

ø

H
H Hollow
R Right Ext.
L Left Ext.

SB
SB Standard 

Base
F2 OP Flange 2
TA Torque Arm

SB

F2

TA

MOUNTING 
ACCESSORIES 

SHIPPED LOOSE 
WITH UNIT

H

Hollow Output Shaft

L

Single Output Shaft

Product Selection Tables

LUBRICATION   -
MOTOR 

MOUNT STYLE MOTOR/POWER TYPE NOM. MOTOR RPM MOTOR POSITION

B
A 270°
B 0°
C 90°

D 180°

3
2 1200
3 1800
4 3600

S
S Standard
F Food 

Grade

Standard
Shell Omala 
S4 WE 320

Food Grade
Mobile 

Glygoyle 320

ALL OPTIONS 
ARE HIGH 

GRADE 
SYNTHETIC 

OIL

C

A

D

B 

W
Nema
W 56C (Ø = 6.5”)
X 143/5TC  

(Ø = 6.5”)
Y 182/4TC  

(Ø = 8.875”)

IEC - B5
A 56 (Ø = 120)
B 63 (Ø = 140)
C 71 (Ø = 160)
D 80 (Ø = 200)
E 90 (Ø = 200)
F 100/112  

(Ø = 250)

IEC - B14
O 56 (Ø = 80)
P 63 (Ø = 90)
Q 71 (Ø = 105)
R 80 (Ø = 120)
T 90 (Ø = 140)
U 100/112 

(Ø = 160)

ø

 Flange

SAMPLE PART NUMBERS: RQ50-0018-HSB2S-W, GQ85-0010-HF23S-YAJ3B

AD

3PH AC Inverter Duty Motors (C-Face, Footless)
AA INV.DUTY, 0.25HP (.18KW), 230/460V

AB INV.DUTY, 0.33HP (.25KW), 230/460V

AC INV.DUTY, 0.5HP (.37KW), 230/460V

AD INV.DUTY, 0.75HP (.55KW), 230/460V

AE INV.DUTY, 1.0HP (.75KW), 230/460V

AF INV.DUTY,1.5HP (1.1KW), 230/460V

AG INV.DUTY, 2HP (1.5KW), 230/460V

AH INV.DUTY, 3HP (2.2KW), 230/460V

AJ INV.DUTY, 5HP, 230/460V

Brake Motors (3PH, C-Face, Removable Base)
BA Brake Motor, 0.5HP (.37KW), 230/460V

BB Brake Motor, 0.75HP (.55KW), 230/460V

BC Brake Motor, 1.0HP (.75KW), 230/460V

BD Brake Motor, 1.5HP (1.1KW), 230/460V

BE Brake Motor, 2HP (1.5KW), 230/460V

BF Brake Motor, 3HP (2.2KW), 230/460V

BG Brake Motor, 5HP, 230/460V, 3PH

Single Phase AC Motors (C-Face, Footless)
CA SINGLE PHASE, 0.25HP, 115/230VAC

CB SINGLE PHASE, 0.33HP, 115/230VAC

CC SINGLE PHASE, 0.5HP, 115/230VAC

CD SINGLE PHASE, 0.75HP, 115/230VAC

CE SINGLE PHASE, 1.0HP, 115/230VAC

CF SINGLE PHASE, 1.5HP, 115/230VAC
 

See page 49 for more motor options

(STANDARD)


