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SECTION A-A

MATERIAL:
  BOX - 16 GA. GALVANIZED STEEL
  PANEL - 16 GA. C.R.S.
 
FINISH:
  BOX - ASA-70 LIGHT GRAY SMOOTH POWDERCOAT
  PANEL - ZINC PLATED
 
SPOTWELDED CONSTRUCTION

GASKET - 6mm THICK BLACK NEOPRENE
 
COMPLIES WITH NEMA AND UL 50 TYPE 3R RATING
 
DIMENSIONS IN INCH[MILLIMETER]
 
DRAWING FOR REFERENCE

2-2-15NEMA 3R BOX N3R-5805PART
NAME

PART
No.

REVISION
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