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Application-Specific Extension Cords Cord & Cordset
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05604.63.10 3 2#6 & 1#8 4 Gray 250 50 12500 10-50P 12 1.8 22 079407056040

05606.63.10 3 2#6 & 1#8 6 Gray 250 50 12500 10-50P 12 2.6 31 079407056064

00604.63.01 4 2#6 & 2#8 4 Black 250 50 12500 14-50P 12 2.2 27 079407006045

00606.63.01 4 2#6 & 2#8 6 Black 250 50 12500 14-50P 6 3.2 19 079407006069
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05654.63.10 3 3#10 4 Gray 250 30 7500 10-30P 12 1.2 14 079407056545

05656.63.10 3 3#10 6 Gray 250 30 7500 10-30P 12 1.5 18 079407056569

01004.63.01 4 4#10 4 Black 250 30 7500 14-30P 12 1.5 18 079407010042

01006.63.01 4 4#10 6 Black 250 30 7500 14-30P 6 2.1 12 079407010066
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04194.60.17 3 14 3 Beige 125 15 1875 Straight 5-15P 24 0.3 8 079407041947

04195.60.17 3 14 6 Beige 125 15 1875 Straight 5-15P 24 0.6 15 079407041657

04199.60.17 3 12 6 Beige 250 20 5000 Right Angle 6-20P 24 0.9 22 079407041992

Product Construction:

Conductor:
• �8 AWG through 6 AWG stranded 

bare copper per ASTM B174

Insulation:
• �Premium-grade PVC; black or gray

Applications:
• Ranges in homes built prior to  
	 1997 (3-conductor)
• Ranges in homes built after 1997  
	 (4-conductor)

Features:
• Right-angle cap
• �Eyelet ends for safer hookups
• Strain-relief clamp protects  
	 cord from damage caused by  
	 pulling or stretching

Industry Approvals:
• UL Listed

Product Construction:

Conductor:
• �10 AWG stranded bare copper per  

ASTM B174

Insulation:
• Premium-grade, color-coded PVC

Jacket:
• PVC; black or gray

Applications:
• Dryers in homes built prior to  
	 1997 (3-conductor)
• Dryers in homes built after 1997  
	 (4-conductor)

Features:
• Right-angle cap
• �Eyelet ends for safer hookups

Features (cont’d):
• Strain-relief clamp protects  
	 cord from damage caused by  
	 pulling or stretching

Industry Approvals:
• UL Listed
• Meets revised 1997 NEC  
	 requirements

Product Construction:

Conductor:
• �12 AWG and 14 AWG stranded bare 

copper per ASTM B174

Insulation:
• Premium-grade, color-coded PVC

Jacket:
• PVC; beige

Applications:
• �For replacement use with air 

conditioners

Features:
• Conductor stripped 5/8”
• Free end slit 1 1/2”

Industry Approvals:
• UL Listed

Dryer Cords
Type SRDT  •  30 Amps  •  60˚C  •  300 Volts 

Air Conditioner Replacement Cords
3-Conductor Grounded  •  Type SPT-3  •  60˚C  •  300 Volts

Range Cords
Type SRDT  •  50 Amps  •  60˚C  •  300 Volts 


