SECTION 5 MOTOR STARTING AUTOTRANSFORMER

COPPER WOUND STANDARD SPECIFICATIONS

TWO COIL

THREE COIL

20 to 1600 HP 25 to 1600 HP

UL Listed

CSA Certified

Frequency

Insulation System

Standard Design

Standard Taps

Termination

Thermostats

File: E61431

File: LR3902

60 Hz

220°C

Three Phase, 2 Coil, using economical

open core and coil construction.

All units have taps at 50%, 65% and 80%.

Heavy solid copper lugs with holes, provide

reliable termination.

1 or 2 optional thermostats are available.
(See page 148 for details.)

File: E61431

File: LR3902

60 Hz

220°C

Three Phase, 3 Coil, using economical

open core and coil construction.

All units have taps at 50%, 65%, 80%

Heavy solid copper lugs with holes, provide

reliable termination.

1, 2 or 3 optional thermostats are available.
(See page 148 for details.)
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