KEEP YOUR ENCLOSURES WATERPROOF

CORD GRIPS F D — .

= Self locking waterproof design
= |P68/NEMA 4X/6P Rated
® Temperature Range:

- 4F t0 212°F (-20° C to 100 C) P Y
= UL 94V-2 and REACH certified and RoHS — —
compliant
Part Number Mounting Hole Cable Diameter
Diameter Range
A B C D E F
CG-LTF7 492 (12.5) .335 (8.5) 244 (6.2) .346 (8.8) .831 (21.1) 575 (14.6) .138-.236 (3.5-6)
CG-LTF9 614 (15.6) .433 (11.0) .346 (8.8) .339 (8.6) .902 (22.9) .587 (14.9) .157-.315 (4-8)
CG-LTF11 724 (18.4) 547 (13.9) .398 (10.1) .382 (9.7) .941 (23.9) .661 (16.8) .197-.394 (5-10)
CG-LTF13.5 .803 (20.4) .614 (15.6) 472 (12.0) .374 (9.5) .992 (25.2) 697 (17.7) .236-.472 (6-12)
CG-LTF16 .882 (22.4) .701 (17.8) 567 (14.4) .402 (10.2) 1.051 (26.7) .705 (17.9) .394-.551 (10-14)
CG-LTF21 1.106 (28.1) .874 (22.2) 713 (18.1) 441 (11.2) 1.193 (30.3) .900 (22.6) .512-.709 (13-18)
CG-LTF29 1.469 (37.3) 1.220 (31.0) .996 (25.3) .524 (13.3) 1.378 (35.0) .996 (25.3) .709-.984 (18-25)
CG-NPT3/8 .657 (16.7) .425 (10.8) .406 (10.3) 575 (14.6) .937 (23.8) .661 (16.8) .197-.394 (5-10)
CG-NPT1/2 .835 (21.2) .587 (14.9) .551(14.0) .508 (12.9) 1.118 (28.4) .736 (18.7) .394-.551 (10-14)
CG-NPT3/4 1.035 (26.3) .728 (18.5) .709 (18.0) 571 (14.5) 1.150 (29.2) .878 (22.3) .512-.709 (13-18)
CG-NPT1 1.268 (33.2) 1.024 (26.0) .984 (25.0) 587 (14.9) 1.378 (35.0) 1.012 (25.7) .709-.984 (18-25)

HOLE PLUGS LIQUID TIGHT THRU PLUGS -~ +‘ B |-
® Liquid tight plugs are nylon and elastomer co-molded and
can be pierced by round wire, cable or tubing to function as
liquid tight bushing.
® Provide liquid tight closure when used as a plug and when |
pierced.
= Temperature Range: - 40°F to 212°F (-40°C to 100° C)

= UL 635 certified and IP 67/68 rated.

Part Number Panel Dimensions Cable Diameter Range Part Dimensions
Thickness at locking Mounting A B
Finger Steps Hole Diameter Head Diameter Overall Height

HOLE PLUG-050 .080 (2.0) 500 (12.7) .080-.200 (2.0-5.1) .92 (23.4) .63 (15.9)
HOLE PLUG-063 .094 (2.4) .625 (15.9) .130-.375 (3.3-9.5) 1.03 (26.2) .63 (15.9)
HOLE PLUG-075 125 (3.2) 750 (19.1) .175-.400 (4.4-10.2) 1.15 (29.2) .63 (15.9)
HOLE PLUG-088 .157 (4.0) .875 (22.2) .130-.450 (3.3-11.4) 1.28 (32.5) .63 (15.9)
HOLE PLUG-100 .200 (5.1) 1.00 (25.4) .200-.715 (5.1-18.2) 1.43 (36.6) .63 (15.9)
HOLE PLUG-110 .250 (6.40) 1.093 (27.8) .250-.765 (6.4-19.4) 1.53 (38.9) .63 (15.9)
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