%]
©
<
3
b N
S
%)
©
IS
~
©
O
<
©
<
O
©
S
S
|
~
O
©
L

WHAVQ Series (%)
Auto Volt 24-Hour/7-Day c:s e
Water Heater Time Switches

¢ Heavy-duty 40 Amp contact rating

e Controls commercial, industrial, or residential electric water
heaters up to 10,000 Watts capacity running at 250 VAC

¢ Type 3R Outdoor Enclosure

e Manual override switch (ON/Auto/OFF)

¢ Battery backup with 7-Day carryover

¢ Power and status LED indicators

e Automatically adjusts voltages between 120 and 277 VAC

® 96 captive trippers 48 ON/OFF

e Easy-to-set true clockface

Ratings: Environmental Ratings:
. . L Input Voltage: 120-277 VAC, 50/60 Hz  Operating Temperature: -4°F to 104°F
Model # Programming Switch Type Timing Interval Switch Rating: (-20°C to 40°C)

N.0. Contacts: 40 A Resistive, 250 VAC  Qperating Humidity: 0 to 95% RH,

WHAVQ4 24-Hour DPDT 15 min. 10,000 W non-condensing

WHAVQ7 7-Day DPDT 2 hr. N.C. Contacts: 30 A Resistive, 250 VAC  Electrical Life:
7,500 W 50,000 operations at full load
Wiring Connections: Patent Pending
Screw box lug terminals Warranty: 1 year

For enclosure dimensions, see page 151
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