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D 4.06

v 7

PART NUMBER

CABLE RANGE

26-21xxx-20M

31"-.51"

26-21xxx-32M

A7" - .82"

TOLERANCES UNLESS OTHERWISE SPECIFIED ﬂﬂ” ME F@H@

125/
MACHINED SURFACES MAX
32/ MAX
GROUND SURFACES

ANGLE TOLERANCE #1°
REMOVE BURRS & SHARP EDGES TO .015 MAX.

C

DIMENSIONS SHOWN IN OVALS
ARE INSPECTION DIMENSIONS.
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