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PART NUMBER

CABLE RANGE

714PODP2

750" TO .875"

714PODP3

875" TO 1.000"

714POEP2

1.000"TO 1.125"

TOLERANCES UNLESS OTHERWISE SPECIFIED

125/
MACHINED SURFACES MAX
32/ MAX
GROUND SURFACES

ANGLE TOLERANCE #1°
REMOVE BURRS & SHARP EDGES TO .015 MAX.

DIMENSIONS SHOWN IN OVALS
ARE INSPECTION DIMENSIONS.

ENGLISH

0.X £0.05
0.XX £0.01
0.XXX +0.005
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POLY HANDLE WITH CORD GRIP
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