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Listed 702X

Transformer

Specifications

PRIMARY VOLTAGECS)

230x460 (TRIPLE RATED)

SECONDARY VOLTAGEC(S) 115
RATED V.A. S0
RATED FREQUENCY 30/60
INSULATION CLASS 105
AGENCY APPROVALS UL, CUL
ESTIMATED WEIGHT 27 LBS
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INTERNALLY JUMPERED TO FUSE TERMINAL
CONNECTION DIAGRAM

NOTE:

1. TORQUE CONNECTIONS TO 16 LB-IN.
2. FUSE CLIPS TO ACCOMADATE 13/32-1 1/2°.
3. ALL MEASURMENTS IN INCHES(MM).

PACKAGED ACCESSORIES
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TRANSFORMER

1 1 PAIR J2 JUMPERS
ImperviTRAN © essuys
U.S. PAT.NO.3516040
50VA 50/60Hz
TEMP CL. 105°C
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