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SAGINAW CONTROL & ENGINEERING
SCE-24EL1206LP = SCE-09 GRAY
SCE-24EL1206LPLG = RAL 7035

 

DATA SUBJECT TO CHANGE WITHOUT NOTICE

FRONT VIEW

DOOR OPENING

AVAILABLE DOOR SPACE

1/4-TURN
LATCHES

RIGHT SIDE VIEW

TOP VIEW

LEFT SIDE VIEW

BOTTOM VIEW

EXTERNAL REAR VIEW

SUBPANEL NOT INCLUDED


