Mtd. Ball
Bearings

SEALMASTER

Performance Mounted Ball Bearings © .

Duty: Standard
Rolling Elements:  Ball

Housing:  Cast Iron Tapped Base Pillow
Block

Self Alignment:  +/- 2 Degrees
Lock: SKWEZLOC Locking Collar
Seal: Felt
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Optional Seal:  Contact
Temperature: -20°to 220°F
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Bore Basic Bolt
Diameter Bearing Dynamic
. PartNo.  |cert No. Rating l-JruC-Z(?
inch Ib/N rea
2611 15/16 31/8 2 11/2 29/16 19/32 25/32 13/4 1/2 1.8
3/4 *TB-12T 2-012T 3/8-16
11614 33.3 79.4 50.8 38.1 65.1 32.5 19.8 445 12.7 .82
15/16 TB-15T 2-015T 2801 17116 3 2 11/2 213/16 17/16 718 115/16 112 3/8-16 2.0
1 TB-16T 2-1T 12459 36.5 76.2 50.8 38.1 71.4 36.5 22.2 49.2 12.7 91
11 TB-18T 2121 4381 111/16 4 3 11/2 | 313/32 | 19/16 15/16 | 23/16 5/8 SN
1316 TB-19T 2137 19487 42.9 101.6 76.2 38.1 86.5 39.7 23.8 55.6 159 | &M 68
11/4 TB-20RT 1-14T
5782 17/8 41/4 31/4 17/8 33/4 13/4 11/16 27116 3/4 4.8
11/4 TB-20T 2-14T 1/2-13
25718 47.6 108.0 82.6 47.6 95.3 445 27.0 61.9 19.1 2.18
13/8 TB-22T 2-16T 5782 17/8 41/4 31/4 17/8 33/4 13/4 11/16 29/16 3/4 1/2-13 4.8
17/16 TB-23T 2-17T 25718 47.6 108.0 82.6 47.6 95.3 44.5 27.0 65.1 19.1 2.18
7340 115/16 | 45/8 3112 17/8 | 315/16 2 11/4 211/16 3/4 6.3
11/2 TB-24T 2-18T 1/2-13
32648 49.2 117.5 88.9 47.6 100.0 50.8 31.8 68.3 19.1 2.86
7901 21/8 5 3 3/4 2 41/4 2 11/4 213/16 3/4 6.8
15/8 TB-26T 2-110T 1/2-13
35144 54.0 127.0 95.3 50.8 108.0 50.8 31.8 71.4 19.1 3.08
111/16 TB-27T 2-111T 7901 21/8 5 33/4 2 41/4 2 11/4 2 15/16 3/4 1/2-13 6.8
13/4 TB-28T 2-112T 35144 54.0 127.0 95.3 50.8 108.0 50.8 31.8 74.6 19.1 3.08
115/16 TB-31T 2-115T 7889 21/4 51/2 4 2 4 5/8 2 3/32 111/32 33/8 7/8 5/8-11 8.6
2 TB-32RT 1-2T 35090 57.2 139.7 101.6 50.8 117.5 53.2 34.1 85.7 22.2 3.90

* Bearing reversed in housing for collar clearance

TB-T Series Standard Duty Tapped Base Pillow Block - SKWEZLOC Locking Collar - Metric -SKWEZ™

Bore Basic Dimensions mm / inch

Diameter Part No Bearing Dynamic \| Bolt Ui
: Insert No. Rating D H J Min. Tap Thread K Ifb
Tl N/lb Depth mm 9
11614 33.3 79.4 52.0 38.1 65.1 325 19.8 445 1 .82
20 *TB-204TMC | 5204TMC M10 x 1.5
2611 15/16 31/8 2 3/64 11/2 29/16 | 19/32 25/32 13/4 7116 1.8
12459 36.5 76.2 56.0 38.1 71.4 36.5 222 49.2 1 91
25 TB-205TMC | 5205TMC M10 x 1.5
2801 17/16 3 2 13/64 11/2 | 213116 | 17/16 7/8 115/16 7116 2.0
19487 42.9 101.6 65.9 38.1 86.5 39.7 23.8 55.6 16 1.68
30 TB-206TMC 5206TM M14 x 2.0
4381 111/16 4 2 19/32 11/2 | 313/32 | 19/16 15/16 | 23/16 5/8 3.7
25718 47.6 108.0 80.2 47.6 95.3 445 27.0 65.1 17.5 2.18
35 TB-207TMC | 5207TMC M14 x 2.0
5782 17/8 41/4 35/32 17/8 33/4 13/4 11/16 | 29/16 11/16 4.8
32648 49.2 117.5 84.1 47.6 100.0 50.8 31.8 68.3 17.5 2.86
40 TB-208TMC | 5208TMC M14 x 2.0
7340 115/16 | 45/8 35/16 17/8 | 315/16 2 11/4 | 21116 | 11/16 6.3
35144 54.0 127.0 90.1 50.8 108.0 50.8 31.8 74.6 22 3.08
45 TB-209TMC | 5209TMC M14 x 2.0
7901 21/8 5 3 35/64 2 41/4 2 11/4 | 215/16 7/8 6.8
35090 57.2 139.7 941 50.8 117.5 53.2 341 85.7 22 3.90
50 TB-210TMC | 5210TMC M16 x 2.0
7889 21/4 51/2 | 345/64 2 4 5/8 23/32 | 111/32 | 33/8 78 8.6
* Bearing reversed in housing for collar clearance
For Standard Duty SKWELOC Single Locking Collar Bearing Inserts see page G-93. For Replacement Lock Collar see page G-98.
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