CRFTS-PN, CRFTS-PN T Sseries 2 Bolt Flange / Stainless Steel Housings

Description | Description. | St ize A c D i J
CRFTS-PN12 CRFTS-PN12T 3/4 41332 716 31/32 19/32 21)2
CRFTS-PN16 CRFTS-PN16T 1 47/8 17/32 15/64 17/16 23/4
CRFTS-PN19 CRFTS-PN19T 13/16 59/16 17/32 17/32 19/16 31/4
CRFTS-PN20R | CRFTS-PN20ORT 11/4 59/16 17/32 17/32 19/16 31/4
CRFTS-PN20 CRFTS-PN20T 11/4 61/8 9/16 11132 13/4 33/4
CRFTS-PN23 CRFTS-PN23T 17/16 61/8 9/16 11132 13/4 33/4
CRFTS-PN24 CRFTS-PN24T 112 63/4 9/16 112 21/64 41/8
CRFTS-PN27 CRFTS-PN27T 111/16 71/16 9/16 19/16 23/64 43[8
CRFTS-PN31 CRFTS-PN31T 115/16 77/16 9/16 19/16 2532 49/16
CRFTS-PN32 CRFTS-PN32T 2 8 1/2 13/16 13/4 25/16 51/4
CRFTS-PN35 CRFTS-PN35T 23/16 81/2 13/16 13/4 25/16 51/4
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CRFTS-PN, CRFTS-PN T Series 2 Bolt Flange [ Stainless Steel Housings

K M P Bolt Size Open End Cap Closed Cap Backside Shield Dsee:c?-icgte:i‘cl)vn s;:‘:zfﬁ;gﬁ
1/2 23/32 213/64 3/8 ECO-12 ECG12 2BSS-12 CRFTS-PN12 CRFTS-PN12T
9/16 13/16 2 23/64 7/16 ECO-16 ECG16 2BSS-16 CRFTS-PN16 CRFTS-PN16T
5/8 7/8 231/64 7/16 ECO-19 ECG19 2BSS-19 CRFTS-PN19 CRFTS-PN19T
5/8 7/8 231/64 7/16 ECO-20R ECG19 2BSS-20R CRFTS-PN20R CRFTS-PN20RT
11/16 1 2 43/64 1/2 ECO-20 ECCG23 2BSS-20 CRFTS-PN20 CRFTS-PN20T
11/16 1 2 43/64 1/2 ECO-23 ECG23 2BSS-23 CRFTS-PN23 CRFTS-PN23T
3/4 13/16 215/16 1/2 ECO-24 ECG24 2BSS-24 CRFTS-PN24 CRFTS-PN24T
3/4 13/16 231/32 9/16 ECO-27 ECG27 2BSS-27 CRFTS-PN27 CRFTS-PN27T
3/4 19/32 35/64 9/16 ECO-31 ECG31 2BSS-31 CRFTS-PN31 CRFTS-PN31T
7/8 15/16 321/64 5/8 ECO-32 ECG35 N/A CRFTS-PN32 CRFTS-PN32T
7/8 15/16 321/64 5/8 ECO-35 ECG35 2BSS-35 CRFTS-PN35 CRFTS-PN35T
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