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CRFBS-PN, CRFBS-PN T Series Flange Bracket | Stainless Steel Housings

[f:stcfi‘;;‘;"n g':‘:éiiﬁ; Shaft Size A B c D E F G H
CRFBS-PN12 | CRFBS-PN12T 3/4 3 238 112 111/16 111)32 7/8 5/16 41)4
CRFBS-PN16 | CRFBS-PN16T 1 338 21)2 15/8 113/16 1112 1178 3/8 434
CRFBS-PN19 | CRFBS-PN19T 13/16 33/4 23/4 17/8 21/16 15/8 11/4 3/8 53/8
CRFBS-PN20R | CRFBS-PN20RT 11/4 33/4 23/4 17/8 21/16 15/8 11/4 3/8 53/8
CRFBS-PN20 | CRFBS-PN20T 11/4 41/4 31/4 2 238 17/8 11/4 12 618
CRFBS-PN23 | CRFBS-PN23T 1716 41/4 31/4 2 238 17/8 11/4 12 618
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CRFBS-PN, CRFBS-PN T Series Flange Bracket [ Stainless Steel Housings

| | M N Open Closed Baclfside Set S'cre'w SKWE'ZLS)C
Cap Cap Shield Description Description
212 11/32 23/32 1/2 8 ECO-12 ECCG12 N/A CRFBS-PN12 | CRFBS-PN12T
23/4 19/64 13/16 9/16 3/8 ECO-16 ECCG16 N/A CRFBS-PN16 | CRFBS-PN16T
31/4 19/32 7/8 5/8 3/8 ECO-19 ECCG19 N/A CRFBS-PN19 | CRFBS-PN19T
31/4 19/32 7/8 5/8 3/8 ECO-20R ECCG19 N/A CRFBS-PN20R | CRFBS-PN20RT
33/4 115/32 1 11/16 1/2 ECO-20 ECCG23 N/A CRFBS-PN20 | CRFBS-PN20T
33/4 115/32 1 11/16 2 ECO-23 ECCG23 N/A CRFBS-PN23 | CRFBS-PN23T
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