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SF'T Series Standard Duty Four-Bolt Flange Units...Skwezloc Locking

SHAFT Dimensions in Inches

DIAM. PART BRG. UNIT

N NO. NO. A B c D E F J K L M WT.

3/4 SF-12T 2-012T [33/8 212 7116 15/16 111/32 25/64 23/8 12 13/4 25/32 1.6

15/16 SF-15T 2-015T

1 SF-16T 2-1T 33/4 23/4 17/32 11/32 112 15/32 2 23/32 9/16 115/16 718 2.3

11/8 SF-18T 2-12T

13/16 SF-19T 2-13T 41/4 31/4 17/32 111/64 15/8 15/32 37/32 5/8 2 3/16 15/16 3.8

11/4 SF-20RT | 1-14T

11/4 SF-20T 2-14T 2718

13/8 SF-22T 2-16T 45/8 35/8 9/16 111/32 113/16 17/32 323/32 11/16 11/16 4.4

17116 SF-23T 2-17T 29/16

11/2 SF-24T 2-18T 51/8 4 9/16 112 25/64 17/32 4 5/64 3/4 211/16 11/4 5.8

19/16 SF-25T 2-19T

15/8 SF-26T 2-110T 213/16

11116 | SF-27T 2-111T |53/8 41/8 9/16 19/16 2764 19/32 421/64 3/4 11/4 6.0

13/4 SF-28T 2-112T 2 15/16

115/16 | SF-31T 2-115T

2 SF-32RT | 1-2T 55/8 43/8 9/16 19/16 2732 19/32 49/16 3/4 33/8 111/32 7.0

2 SF-32T 2-2T 31/2

21/8 SF-34T 2-22T 63/8 51/8 13/16 13/4 23/8 21/32 51/4 718 13/8 11.1

23/16 SF-35T 2-23T 35/8

2 1/4 SF-36T 2-24T 41/16

23/8 SF-38T 2-26T 67/8 55/8 13/16 115/16 23/4 21/32 57/16 1 15/8 13.0

27116 SF-39T 2-27T 41/8

SHAFT Dimensions in Inches

DIAM. |pART BRG. UNIT
NO. NO. A B C D E F H J K L M WT.

IN CORED

3/4 SFT-12T | 2-012T |4 13/32 317/32 716 15/16 111/32 13/32 2 23/8 12 13/4 25/32 1.3

15/16 SFT-15T | 2-015T

1 SFT-16T | 21T 47/8 357/64 17/32 11/32 11/2 15/32 23/8 23/4 9/16 115/16 718 1.8

11/8 SFT-18T | 2-12T

13/16 SFT-19T | 2-13T 59/16 419/32 17/32 111/64 15/8 15/32 27/8 31/4 5/8 23/16 15/16 2.4

11/4 SFT-20RT | 1-14T

11/4 SFT-20T | 2-14T 27116

13/8 SFT-22T | 2-16T 61/8 5-1/8 9/16 111/32 |113/16 17/32 35/16 33/4 11/16 11/16 35

17/16 SFT-23T | 2-17T 29/16

11/2 SFT-24T | 2-18T 6 3/4 521/32 9/16 1172 2 5/64 17/32 312 41/8 3/4 211/16 11/4 4.8

19/16 SFT-25T | 2-19T

15/8 SFT-26T | 2-110T 213/16

111/16 |SFT-27T | 2-111T 7116 527/32 9/16 19/16 27/64 19/32 37/8 43/8 3/4 11/4 5.3

13/4 SFT-28T | 2-112T 2 15/16

11516 |SFT-31T | 2-115T

2 SFT-32RT | 1-2T 7716 6 3/16 9/16 19/16 27/32 19/32 4 49/16 3/4 33/8 111/32 6.0

2 SFT-32T | 2-2T 31/2

21/8 SFT-34T | 2-22T 812 714 13/16 13/4 23/8 21/32 41/4 51/4 7/8 13/8 9.0

23/16 SFT-35T | 2-23T 35/8

For Load Ratings, see page 77.

For Standard Duty SKWEZLOC Bearing Inserts, see page 76. See page 70 for seal arrangements. For custom seals, see page 188.




