TECQ @ Westinghouse
ISSUED ENCLOSURE
8/28/2014 PERFORMANCE DATA TEFC
TYPE CATALOG#
3-PHASE INDUCTION MOTOR
AEHH8B HB0404
NAMEPLATE INFORMATION
OUTPUT FRAME RATED | INS. NEMA TIME | SERVICE
AP [ kw | O size | VOLTAGE | HZ 1 \vigienT | class | DEsiGN RATING | FACTOR
40 (29.8( 4 324T 460 60 50°C F B CONT. 1.15
VARIABLE FREQUENCY DRIVE SERVICE
VARIABLE TORQUE OHMS/PHASE EQUIVALENT WYE CIRCUIT
(AT RATED OPERATING TEMPERATURE 25°C)
TORQUE
HZ HP RPM (bt) R1 R2 X1 X2 Xon
3-60 | 0.005~40 | 90~1800 0.292~118.7 0.0844 |0.1734(0.4822|1.0764|23.315
CONSTANT TORQUE CONSTANT HORSEPOWER
TORQUE TORQUE
HZ HP RPM (b HZ HP RPM (b
6~60 4~40 180~1800 118.7 60~90 40 1800~2700 118.7~79.13
TYPICAL PERFORMANCE
EFFICIENCY POWER FACTOR SOUND
FULL PRESSURE
LOAD FULL LOAD 3/4LOAD | 1/2LOAD |FULLLOAD| 3/4LOAD | 1/2 LOAD
RPM % % % % % LEVEL @ 3FT
MIN.% | NOM.% Db(A)
1770 93 94.1 94.5 94.5 86 84.5 78.5 74
CURRENTS SAFE STALL
NEMA TIME IN
NO LOAD FULL LOAD LOCKED ROTOR A SECONDS
AT AT AT CODE
460 460 460 LETTER| COLD | HOT
VOLT VOLT VOLT
10.6 46.30 290 G 25 18
ALLOWABLE
TORQUE INERTIA ACCEL TIME (DOL) STARTS
PER HOUR
~oTor | NEMA MAX NEMA MAX
FULL |LOCKED| PULL | BREAK > | LOAD |ALLOWABLE| LOAD | ALLOWABLE
LOAD | ROTOR| UP DOWN | WR Wi Wi Wi e COLD | HOT
Ib-fty | %FLT | %FLT | %FLT 2
(bt | % ’ ’ o) 1 oty | bi) Sec Sec
118.70( 205 170 220 8.624 189 375 491 9.52 2 1
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