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1. DIMENSIONS IN INCHES <
2, FRAME NO. 5808C w0
3, F CLASS INSULATION, S.F. 1.0 (50Hz 4. 8/5% w
F CLASS INSULATION, S.F. 1. 15 (60Hz) SHAFT END
4, FOR BELT SERVICE ENLARGED VIEW
5. BEARING SIZE: DRIVE END: NU326C3
A NON-DRIVE END: 6322C3
6.  ENCLOSURE: IP55 " e OUTLINE DIMENSIONS
7. WITH THERMISTOR: PTC 140°C 3PCS + | G RAM |DEC 02 2015 3-PHASE INDUCTION MOTOR
8, SHAFT MATERIAL: SCM440 G&T CAISI 4140 EQUIV> DWN. | 4. CHANG |MAR-03-2015 CD4008R
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