DATE MOTOR TYPE:
CATALOG NO.
£P0032S 3-PHASE INDUCTION MOTOR ~ |Frame no. 1827
Pole HP KW Hz voLT Syn, Speed
2 3 2.2 60 373 3600
Ins Rating Dimension in|Approx Weight Bearings
F CONT. inch 935 lbs. DE: 630677 NDE: 630677

Totally Enclosed Fan-Cooled Type. Squirrel-Cage Rotor
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