DATE MOTOR TYPE:

o 55 2009 OUTLINE DIMENSIONS N
CATALOG #  Gpopip 3-PHASE INDUCTION MOTIR FRAME NO. 1437
Pole HP kW Hz VOLT r/min
2 1 0.75 60 230/460 3600
Ins Rating Dimension in |Approx Weight Bearings

F CONT. inch., 29 lbs. DE: 620377 NDE: 620477
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' TECO Electric & Machinery Co., Ltd.
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