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FOR DIRECT FLEXIBLE COUPLING

ENCLOSURE: IP35

BEARING SIZE: DRIVE-END 6326C3
OPP. DRIVE-END 6322C3

BOTH ENDS BEARING ARE INPRO SEAL

NON-SPARKING FAN

MOTOR APPROX. WEIGHT: 3600 lb
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