MOTOR TYPE:

DATE
o 15 200 | DUTLINE DIMENSIONS [f78% TP
CAT. #  NP0GO04 3-PHASE INDUCTION MOTOR FRAME NO.  364T
Pole HP kW Hz vOLT synspeed
4 60 44.8 60 230/460 1800
Ins Rating Dimension in |Approx Weight Bearings
F CONT. inch 779 lbs. DE: 6313 NDE: 6213
Totally Enclosed Fan-Cooled Type. Squirrel-Cage Rotor.
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