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NOTAS:
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VAR MODEL CUSTOMER CAT. NO. A B D XN THP VOLTS AMPS HZ RPM PREM. EFF LABEL CALIFORNIA TITLE 20 LABEL
001 B63GZACC-1046 POOL AFTERMARKET ASB2973HT | 14.58 N/A 2.377 5.28 1.25/0.17 230 5.8/1.2 60 3450/1725 YES COMPLIANT 2 CAPACITOR COVER MTG. SCREWS
002 B63GZACD-1047 POOL AFTERMARKET ASB2975T 14.58 N/A 2.627 5.28 1.65/0.20 230 7414 60 3450/1725 YES COMPLIANT 2 CAPACITOR COVER MTG. SCREWS
003 B63GZACE-1048 POOL AFTERMARKET ASB2977T 15.08 N/A 2.877 5.51 2.25/0.30 230 9.2/2.1 60 3450/1725 YES COMPLIANT 4 CAPACITOR COVER MTG. SCREWS
004 B63GZACF-1049 POOL AFTERMARKET ASB2979T 15.08 N/A 2.970 5.51 2.60/0.33 230 10.6/2.4 60 3450/1725 YES COMPLIANT 4 CAPACITOR COVER MTG. SCREWS
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