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NIDEC MOTOR CORPORATION 27-Apr-16

WITH CONDUIT PLUG

CONNECTIONS
LO VOLTS HIVOLTS
éi 1: :F @ ® ©

L2 L3 L1 L2 L3

TO REVERSE ROTATION INTERCHANGE
ANY TWO LINE LEADS.

NOTES:
1) (1

1) 1/4-18 PLASTIC DRAIN PLUGS; (4) IN C-FACE

(4) IN OPPOSITE SHAFT END ENDSHIELD AND (3)

IN CONDUIT BOX.

2.) 303 STAINLESS STEEL SHAFT KEY SHIPPED WITH MOTOR.
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