(4) LEADS, #18, .031 THICK INSUL.
TO EXTEND BEYOND MOTOR
WHT(C)=20+2-0,BLK(1)=20+2-0
BLU(2)=20+2-0,RED(3)=20+2-0.
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TO FIT #10 SCREW
NIDEC MOTOR CORPORATION 18-Sep-14
MODEL REF CUSTOMER HP VOLTS AMPS HZ RPM ROTATION CUSTOMER PN
K4SHXWHL-4403 A27887 WHOLESALE-HAC 115 115 32 60 1050/3SPD CCW LEAD END 1338P
SHEET REV REVISION RECORD FOR: D1869-00 INFORMATION DISCLOSED ON THIS DOCUMENT
’;U::E'T F :;g:;ﬁ::;z‘gng;l_ IS CONSIDERED PROPRIETARY AND SHALL NOT BE NIDEC MOTOR
REPRODUCED OR DISCLOSED WITHOUT WRITTEN
REVISION DATE CONSENT OF NIDEC MOTOR CORPORATION CORPORATION
18 SEP 14 ALL DIMENSIONS ARE FOR REFERENCE ONLY UNLESS TOLERANCE IS GIVEN
" 3 TITLE CODE ITEM NO. SIZE
ISSUED BY |. DE LEON REVIEWED BYB. GAITAN ENGINEER APEI?(E\;/EADITAN ASS E M B L E D VI EW VO 1 77661 7 A

VO1_NMCA (MAR-2011)

SOLIDEDGE



