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NIDEC MOTOR CORPORATION 13-Jun-13

ROTATION IS COUNTER CLOCKWISE VIEWING
LEAD END WITH ORG TO ORG & YEL TO YEL.
TO REVERSE ROTATION INTERCHANGE ORG
& YEL LEADS

793014F. MARTINEZ B. GAITAN J. I. SALAZAR

13-JUN-13

C7812-00

B
UPDATED DIM. LEADS OF REVERSING ROTATION

K48HXDSJ-0221 A33532 NIDEC MOTOR CANADA CORPORATION 1/20 115 1.0 60 1100/3 SPD CCW LEAD END - REV 1175
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4 LEADS, #18, .031 THICK INSUL.
TO EXTEND BEYOND MOTOR.
WHITE=41.000+3-0, BLACK=41.000+3-0
BLUE=41.000+3-0, RED=41.000+3-0
SKIN 1/2.

4 LEAD #18, .031 THICK INSUL.
2 YEL & 2 ORG FOR REVERSING 
ROTATION
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#16, GRN/YEL GRD LEAD TO BE
6.000±.250 BETWEEN CENTERS 
OF TERMS., TERM. TO FIT # 10
SCREW.

 

REV.

 

B

 

REV.

 

B


