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NIDEC MOTOR CORPORATION 03-Mar-16 5 MFD 370 VAC
MODEL REF CUSTOMER HP VOLTS AMPS HZ RPM ROTATION [ CAT. NO. |
K48HXZZM-1144 D38210-X2 WHOLESALE - HAC 115 208-230 1.2 60 1625/3 SPD CCW. LEAD END 1353
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