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In-Stock and Ready to Ship
We aim to make our customers more competitive by 
stocking the products they need and responding to 
their requirements with a shared sense of urgency. 
With $30 million of ready-to-ship inventory at six 
regional US warehouses, we’re ready to assist you!

Universal Motor Slide Bases
Motor mount drop-in replacement for most major brands
WorldWide Electric’s Universal Motor Slide Bases are a drop-in replacement for most major 
brands and the ideal solution to mount NEMA standard electric motors. Features include Grade 5 
motor mount bolts which are welded into place for durability and generously cut slide channels 
to allow for easy and painless motor positioning. These motor mounts are ideal for tensioning 
belts and any application where fine adjustment of motor position is required.  

•	 Drop-in replacement for all popular 
brands of slide bases

•	 Steel construction
•	 Oven-cured primer for better paint 

adhesion
•	 Grade 5 motor mount bolts
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WorldWide Electric Corporation is a leading manufacturer of electric motors, motor controls, and gear reducers as well as the 
exclusive master distributor of Hyundai Electric’s low-voltage motors and drives. Offering fast, often same-day, shipping from six 
regional US warehouses, WorldWide Electric takes pride in providing a competitive edge to our customers by responding to their 
requirements with urgency, technical expertise, and professionalism. 
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Product Features
•	 Exact drop-in replacement for all major make slide bases
•	 Steel construction
•	 Painted with oven-baked primer for better adhesion of customer’s paint
•	 All D Bolts (motor mounting bolts) are Grade 5 for strength
•	 D Bolts are welded into position to prevent spinning  and “dropping” from slots
•	 D Bolts are fixed to the exact foot pattern of the motor to aid in easier motor installation
•	 Washers included
•	 Single adjusting screws for frames 56-145T
•	 Double adjusting screws for frames 182T-505T

Frames 56 – 145T Frames 182T – 505T

Frame Model 
Number

Approx 
Weight 

(lbs)

Dimensions, in inches unless otherwise specified

A B C D E F G H I J K 
(mm) L M N W

56 W56 3 10 5/8 6 1/2 1 1/8 4 1/2 2 7/16 1 1/2 3 13/16 2 7/8 3/8 3 2 7/8 5/16 x 1 3/8 x 4 —

143T W143T 6 10 1/2 7 1/2 1 1/8 5 1/2 2 3/4 2 3 3/4 3 3/8 3/8 3 3 13/16 5/16 x 1 3/8 x 4 —

145T W145T 7 10 1/2 8 1/2 1 1/8 6 1/2 2 3/4 2 1/2 3 3/4 3 7/8 3/8 3 3 13/16 5/16 x 1 3/8 x 4 —

182T W182T 10 12 3/4 9 1/2 1 1/2 6 1/2 3 3/4 2 1/4 4 1/2 4 1/4 1/2 3 3 1/2 1 1/2 3/8 x 3/4 1/2 x 6 4 1/2

184T W184T 10 12 3/4 10 1/2 1 1/2 7 1/2 3 3/4 2 3/4 4 1/2 4 3/4 1/2 3 3 1/2 1 1/2 3/8 x 1 3/4 1/2 x 6 5 1/2

213T W213T 15 15 11 1 3/4 7 1/2 4 1/4 2 3/4 5 1/4 4 3/4 1/2 3 1/2 3 4/5 1 1/2 3/8 x 1 3/4 1/2 x 6 5 1/2

215T W215T 17 15 12 1/2 1 3/4 9 4 1/4 3 1/2 5 1/4 5 1/2 1/2 3 1/2 3 4/5 1 1/2 3/8 x 1 3/4 1/2 x 6 7

254T W254T 19 17 3/4 15 1/8 2 10 3/4 5 4 1/8 6 1/4 6 5/8 5/8 4 4 3/5 1 7/16 1/2 x 1 3/4 5/8 x 6 5 5/16

256T W256T 20 17 3/4 16 7/8 2 12 1/2 5 5 6 1/4 7 1/2 5/8 4 4 3/4 1 7/16 1/2 x 1 3/4 5/8 x 6 7

284T W284T 24 19 3/4 16 7/8 2 12 1/2 5 1/2 4 3/4 7 7 1/2 5/8 4 1/2 4 3/5 1 11/16 1/2 x 2 5/8 x 6 7

286T W286T 25 19 3/4 18 3/8 2 14 5 1/2 5 1/2 7 8 1/4 5/8 4 1/2 4 3/5 1 11/16 1/2 x 2 5/8 x 6 8

324T W324T 35 22 3/4 19 1/4 2 1/2 14 6 1/4 5 1/4 8 8 1/2 3/4 5 1/4 4 3/5 2 3/16 5/8 x 2 1/2 3/4 x 9 7

326T W326T 36 22 3/4 20 3/4 2 1/2 15 1/2 6 1/4 6 8 9 1/4 3/4 5 1/4 4 3/5 2 3/16 5/8 x 2 1/2 3/4 x 9 8 1/2

364T W364T 49 25 1/2 20 1/2 2 1/2 15 1/2 7 5 5/8 9 9 1/8 3/4 6 5 4/5 2 1/16 5/8 x 2 1/2 3/4 x 9 7 3/4

365T W365T 50 25 1/2 21 1/2 2 1/2 16 1/2 7 6 1/8 9 9 5/8 3/4 6 5 4/5 2 1/16 5/8 x 2 1/2 3/4 x 9 8 3/4

404T W404T 66 28 3/4 22 3/8 3 16 1/2 8 6 1/8 10 9 7/8 7/8 7 5 4/5 2 1/2 34 x 3 3/4 x 11 8 3/4

405T W405T 68 28 3/4 23 7/8 3 18 8 6 7/8 10 10 5/8 7/8 7 5 4/5 2 1/2 3/4 x 3 3/4 x 11 10 1/4

444T W444T 74 31 1/4 24 5/8 3 19 1/4 9 7 1/4 11 11 7/8 7 1/2 5 4/5 2 1/2 3/4 x 3 3/4 x 11 11

445T W445T 76 31 1/4 26 5/8 3 21 1/4 9 8 1/4 11 12 7/8 7 1/2 5 4/5 2 1/2 3/4 x 3 3/4 x 11 13

447T W447T 102 31 1/4 30 1/8 3 24 3/4 9 10 11 13 3/4 7/8 7 1/2 8 3 1/4 x 3 1/2 3/4 x 11 16 1/2

449T W449T 105 31 3/4 35 1/8 3 29 3/4 9 12 1/2 11 16 1/4 7/8 7 1/2 8 3 3/4 x 3 1/2 3/4 x 11 21 1/2

505T W505T 137 35 30 3 1/2 22 1/4 10 9 12 1/2 13 1/2 1 8 8 3 7/8 x 3 1/2 7/8 x 12 14 1/2

Single adjusting screw on 
frames 56–145T

Dual adjusting screws on 
frames 182T–505T

For more details, including full specifications, compliance, and all available models, visit wwec.co/USMB

Available Models


